
.8"-36
RMS THREADS

25mm
.982in

49.25mm
1.939in

4X 26.87mm
1.058in

 10.87mm
.428in

 

4X 6mm
.237in

 THRU

2X 16.84mm
.663in

38mm
1.496in

BOLT CIRCLE A

A

2X SHCS, 2-56 UNC
1/4in LONG

ADJUSTMENT KNOB
80TPI

ADJUSTMENT KNOB
80TPI

1 4X M3 x 0.5
THRU ONE WALL

7mm
.275in
THRU

 8.4mm
.331in

 

 10mm
.394in

 

 18.19mm
.716in

 
 10mm

.394in
 

2X 67.0mm
54.0mm
2.64in
2.12in

SECTION A-A

85722
XY Micro Positioning Stage Plate with RMS Thread 
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SPECIFICATIONS SUBJECT TO CHANGE WITHOUT NOTICE
DIMENSIONS ARE FOR REFERENCE ONLY
DIMENSIONS ARE IN mm [INCHES]

BLACK ANODIZED
ALUMINUM

NOTES:

1.  INCLUDES 1 PACKAGE OF (5) M3 x 2.5mm LONG, FLAT POINT SET SCREWS TO 
SECURE SEPARATELY PURCHASED RODS IN THE ø6 HOLES. ORDER 
ADDITIONAL PACKAGES USING SN 85422.

  2.    TRANSLATION: APPROXIMATELY 0.5in TOTAL TRAVEL IN THE
X AND Y DIRECTIONS.

REVDWG NO
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