FOR INFORMATION ONLY:
DO NOT MANUFACTURE - _|  64.17mm[2.526in]@ INFINITY WD
PARTS TO THIS DRAWING 63.68mm[2.507in]@ 100mm WD
SPECIFICATIONS SUBJECT TO CHANGE
WITHOUT NOTICE 15.65mm - o 7.60mm
DIMENSIONS ARE FOR REFERENCE ONLY [616in] — - [299in]
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B8 Edmund Optics®

ﬁ ALSO INCLUDES RECESSED SCREW OPTION } .
THIRD ANGLE 12mm HP Series Lens, 1.1
2. LENS MAY MOVE MORE THAN INDICATED UNTIL IT REACHES BUILT-IN STOPS PROJECTION TLE

3. LENS SHOWN IN THE INFINITE WD POSITION
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